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Specialty Extension Cords and Lighting Cord & Cordset

Product Construction:

Conductor:
• 16 AWG stranded bare copper per 

ASTM B174

Insulation:
• Premium-grade, color-coded PVC

Jacket:
• PVC; yellow
• Voltage rating: 300 volts

Applications:
• Temporary lighting
• For general use only
• Not for use in hazardous locations

Features:
• Side outlet
•  Metal hook
•  On/off switch
•  75-watt bulb maximum
• 3-conductor grounded

Industry Approvals:
• UL Listed
• OSHA Acceptable for general use
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04455.60.05 3 16 25 Yellow 125 13 1650 15-15P 12 1.8 22 079407044559

04457.60.05 3 16 50 Yellow 125 13 1650 15-15P 6 3.5 21 079407044573

Metal Guard Utility Light
3-Conductor Grounded • Type SJT • 300 Volts
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